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RED

MAGNETICS

POWERED BY INTERTEC

Intertec Components GmbH
Specialized Department:
Red Magnetics

Erdinger Str. 45

85356 Freising - Germany

Electromagnets
Electromagnets

Sealed
Heavy duty
Strong

Description

Weight: 230 g

Power: 6,0 Watt

Holdingforce: 200 N

Mounting plates (minimum): 4,5 mm

Dimension
a b c d e
40 27 26 6 M3/M5

Solenoid Layout

Voltage Rating:
12 VDC (standard)
24 VVDC (standard)

Special development

Do you like a costum designed version
(for example frame, force, duty cycle and
so on) please send us this form:
Checklist (PDF, 390 kB)

Contact:

Phone: 0049-(0)8161-9913-0

Fax:  0049-(0)8161-9913-20
E-Mail: service@red-magnetics.com
Info:  www.red-magnetics.com



